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A1) BETER AS4001FG-11 | 3/8" [17.9], 176.9/10.3|51 |43.5|21 93

AS4001FG-13 | 1/2" [21.7|" " |83.1[11.6]52.4]44.9[22 [106
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ASD-FG series
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ASDB30FG-N04-11S | 3/8" | NPT1/2 | 23.8|18.5| 28.6 | 26.5 | 25.9 | 64.3 | 32.6 | 64.8 | 57.3 | 56.7 | 49.2 | 46.9 | 42.1|18.6 |21 | 180
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